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SECTION B-B

FIP POLYURETHANE GASKET

FIP POLYURETHANE GASKET

.81 20.57

.95 24.15

.44 11.20

2.20 55.82

2.40 60.86
SECTION A-A

TOP VIEW WITH
COVER OFF

MATERIAL:
BOX-INJECTION POLYCARBONATE

STANDARD COVER- INJECTION POLYCARBONATE
CLEAR COVER- INJECTION POLYCARBONATE

NOTE:
DATA SUBJECT TO CHANGE1.
WILL FIT ENCLOSURE 2.
SIZES 18 X16  AND LARGER 
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