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NOTE: ALL LEADS ARE 5" MIN. LONG OU

CLASS B (130°C) INSULATION
RoHS & REACH COMPLIANT

OPERATING TEMPERATURE: -40°C TO 105°C
STORAGE TEMPERATURE: -40°C TO 85°C

BLK

10H +15%
50mA DC
500VDC MAX. Op.

BLK

ELECTRICAL DATA:
TESTS CONDITIONS ACCEPTANCE CRITERIA

INDUCTANCE | @ 30V, 60Hz, 50mA DC, BLK -BLK | 10H +15%

DCR @ 20°C, BLK-BLK = 1 4076 Q +15%

HIPOT PRIMARY - SECONDARY 2500V, 60Hz, 1 SEC
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WATERLOO, ONTARIO, N2J 325

PH # (519) 886-6181
FAX # (519) 886-9540
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