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REVISIONS
ECNO DATE REV DESCRIPTION CHANGER
2016.04.13 A INITIAL RELELASE. DICK
2016.04.27 A1 NO CHANGE DICK
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TABLE
PART NUMBER L1 L2 TITLE E P/NIXXXXXXXXX ®
451320601 150210 6528 Microfit 6 Circuit 150MM - mojex
451320603 300210 140210 Microfit 6 Circuit 300MM =
451320610 1000215 | 490210 Microfit 6 Circuit 1M DETAIL A
NOTES

1. THIS PRODUCT MUST MEET 2011/65/EU ROHS COMPLIANCE.
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