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FCN NO. DATE DESCRIPTION

C201647 2020/10/28
C210224 2021/03/22
230008 2023701704

QD46.0

Amphenaol

\\Cabe

Connector

ZﬁyﬁkNo%e:

¥ RoHS Compliant
t+ @OImportant dimension
Zﬁ&f&* Waterproof rate: (P68, mated Im/24h
[P6IK, mated
¥ Connector

Housing: Thermoplastic, Black
in: Copper alloy, Gold plated
Nu%: Thermoplastic, Black
Outer mold: Thermoplastic, Black
¥ Cable: UL20549, PUR Jacket, Black
¥ Cable length tolerance: [M: +50/-0 mm
MI2x] .0 L 3M: +100/-0 mm
S5M: +150/-0 mm
[OM: 100 mm
20M: £200 mm
30M: £300 mm
99M: £500 mm
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| 7P : MSAP - | TBMMM-SL8BX X
| 2P MSAP - | 2BMMM-SL8BX X
0P ‘ MSAP - | OBMMM-SL8BXX
8p : MSAP - 08BMMM-SL8BXX
KX No.o Of Pin 6P » MSAP-06BMMM-SL8BXX
éff%}&figi*efs 5P » MSAP -0 5BMMM- SL8BXX
02-02Meters 4P : MSAP-04BMMM-SL8BXX

3P : MSAP-03BMMM-SL8BXX

MSAP - XXBMMM-SL8B XX

99:99Meters
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