ECN NO. DATE DESCRIPTION
C210637 | 2021/05/05 /X
C22120] 2022/08/04 /X3
C221882 | 2022/12/19 /A

| U0

Amplhenol

\Cabe

Connector

Z@kNofe:

¥ RoHS Compliant
* @DImportant dimension
ka* Waterproof rate: [P6T7, mated
¥ Connector
Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
/ANut: Metal
Shield: Metal
Outer mold: Thermoplastic, Black
¥ Cable: UL25IT, PVC Jacket, Black
* Cable length tolerance: [M:
+100/-0 mm
© +150/-0 mm
© 2100 mm
© 2200 mm
» 2300 mm
99M: £500 mm
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| 8
6P » M8AS - 06BMMM-SLTDXX

4P : MBAS-04BMMM-SLTDXX
3P : MBAS-03BMMM-SLTDXX

Contacts [ tem No.

MBAS - XXBMMM-SL 7D XX

XX: No. Of Pin o 01~99Meters
0l Meter
02 Meters

.99 Meters

Pin Out

Pin Assignments Front View
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