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LENTS10263~266

2015/01/07 Update logo

C210637

2021/05/04 /A8

C221881

2022112709 /A

Connector

ZﬁkNo%e:

¥ RoHS Compliant
* @Important dimension
ka* Waterproof rate: IP67, mated
* Connector
Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
Nut: Metal
Outer mold: Thermoplastic, Black
Cable: PU Jacket, Black
Cable length tolerance: IM: +50/-0 mm
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8- XXBMMM-SRTB XX Contacts ltem No.
XX: No. Of Pin

XX:01~99Meters
0l:0IMeter
02:02Meters

99:99Meters

4 Black
n Outl = (2 White
\ Brown

Pin # Wire
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