DIMENSTONS mm Cinches Y (. 437 max)

88% 5 (3.460) 1.1 maxi

(.457 max)
11.6 maxi

—I |

See sheet 2

95 maxi (3.740 max)

85.2:502 3.350

31%2.54= 78.74 %%  31x.100 = 3.100)

(3.543)

TIN LEAD LEAD FREE

86039 396 78 14 745 000 E1| 8609 396 78 14 745 E1 LF |Style R header, 96 Position, solder class 3
86039 396 78 14 755 000 E1| 86039 396 78 14 755 E1 LF |[Style R header, 96 Position, solder class
8608 3396 78 14 765 000 E1| 8608 396 78 14 765 E1 LF |[Style R header, 86 Position, solder class
86038 464 78 14 745 000 E1| 8609 464 78 14 745 E1 LF |Style R header, 64 Position, solder class
8608 464 78 14 755 000 E1| 8603 464 78 14 755 E1 LF |[Style R header, 64 Position, solder class
8609 464 78 14 765 000 E1| 8608 464 78 14 765 E1 LF |Style R header, 64 Position, solder class

Application specific part-numbers: See sheet 2
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PART NUMBER

PIN OUT
rows a-b-c¢
rows a-c

NUMBER OF CONTACTS

TERMINATION
L =2.70 £0.25 (.1086)
L =4.65 10.25 (.183

OPTIONS

no option - -
with harpoons E— for PCB thickness 1.6
_ for PCB thickness 2.4
_ for PCB thickness 3.2

PERFORMANCE CLASS
DIN 41612 class 3
DIN 41612 class 2
DIN 41612 class 1

TERMINATION TYPE
TIN LEAD
LEAD FREE

PCB DRILLING

component side

. 0.3
03D 45 8%

420.05
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GENERAL CHARACTERISTICS AND ROHS INFORMATIONS: ]
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