
0.043 mm POLYESTER + ADHESIVE

0.043 mm POLYESTER + ADHESIVE
0.218 mm STIFFENER

0.035 mm COPPER
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PRODUCT DESIGN DRAWING

NOTES:
1. NO PRINTING ON JUMPER CABLE UNLESS OTHERWISE SPECIFIED.  IF PRINTING

IS REQUIRED, THEN IT WOULD BE CONSIDERED A SPECIAL JUMPER CABLE.
2. CABLES MATE WITH MOLEX FFC/FPC CONNECTOR SERIES 220363
3. EXPOSED COPPER PLATING: NICKEL 0.3 μm MIN + GOLD 0.05 μm MIN

TAIL CROSS-SECTION

CKT °1

CKT °N

CONTACT DETAIL
(SCALE 4 : 1)

L

6.0±1.56.0±1.5

0.30±0.05

(0.12)

 0.40 mm CENTER FLAT FLEX CABLE (FFC) (105°C, Au PLATING)
"L" DIM. → 51 ± 2 MM 76 ± 3 MM 102 ± 3 MM 127 ± 4 MM 152 ± 4 MM 178 ± 4 MM 203 ± 4 MM 229 ± 5 MM 254 ± 5 MM 305 ± 5 MM
REF DIM → (2 INCHES) (3 INCHES) (4 INCHES) (5 INCHES) (6 INCHES) (7 INCHES) (8 INCHES) (9 INCHES) (10 INCHES) (12 INCHES)

CABLE TYPE →
A D A D A D A D A D A D A D A D A D A D

CIRCUITS "N" ↓
80 150250280 150252280 150250380 150252380 150250480 150252480 150250580 150252580 150250680 150252680 150250780 150252780 150250880 150252880 150250980 150252980 150251080 150253080 150251280 150253280

120 150250212 150252212 150250312 150252312 150250412 150252412 150250512 150252512 150250612 150252612 150250712 150252712 150250812 150252812 150250912 150252912 150251012 150253012 150251212 150253212

0.40±0.05
PITCH

(0.25)
CONDUCTOR

WIDTH

[(N+6)*0.4+0.1]±0.10
[(N+1)*0.4+]±0.05

[(N+2)*0.4+0.3]±0.05

[(N-1)*0.4] -0.03 / + 0.08

1.4±0.1
2.6±0.1 0.40+0.10

-0.05

8 X R0.2 MAX

[(N+9)*0.40]±0.15

8±2

TYPE A

TYPE D

6.0±1.5

4.0±0.5
(2 POSITIONS)

4.0±0.5
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