
1.51

2.67

2.71

2.98

2.66

2.03

3.93

11.96

PN PLATING OPTION WIRE SIZE ASSEMBLY 
OPTION LUBRICATED NOTE

2202260002 B 16 AWG CHAIN NO NOT TOOL
2202260003 C 16 AWG CHAIN NO NOT TOOL
2202260004 D 16 AWG CHAIN YES N/A

SECTION M-M

SECTION N-N

N

M

M

N

NOTES:
1. MATERIAL: HIGH COPPER ALLOY
2. PLATING OPTION:
       B: 0.38µm(15µ") MIN SELECT GOLD CONTACT AREA, 1.52µm(60µ")MIN MATTE TIN, 
           OVER 1.25µm(50µ")MIN NICKEL OVERALL 
       C: 0.76µm(30µ") MIN SELECT GOLD CONTACT AREA, 1.52µm(60µ")MIN MATTE TIN, 
           OVER 1.25µm(50µ")MIN NICKEL OVERALL 
       D: 1.00µm(40µ")  MIN HOT DIP TIN REPLATE-OVERALL
3. PRODUCT SPECIFICATION: 2191160001-PS
4. PACKAGING SPECIFICATION: 2202260001-PK
5.TERMINAL FOR USE IN RECEPTACLE SERIES 219114
6.COSMETIC SPECIFICATION: PS-45499-002 CLASS B
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PCIE CEM 5 12V2X6 POWER FEMALE TERMINAL

 PRODUCT CUSTOMER DRAWING
DOCUMENT NUMBER DOC TYPE DOC PART REVISION

2202260001-SD PSD 000 A
MATERIAL NUMBER CUSTOMER SHEET NUMBER

SEE TABLE GENERAL MARKET  1 OF 1

CURRENT REV DESC:

EC NO: 776431
DRWN: ZIXUAQ 2023/09/04
CHK'D: XQZHANG 2024/03/11
APPR: XQZHANG 2024/03/11
INITIAL REVISION:
DRWN: ZIXUAQ 2022/03/01
APPR: XQZHANG 2024/03/11
THIRD ANGLE PROJECTION DRAWING SERIES

A3-SIZE 220226

DIMENSION UNITS SCALE

mm NTS
GENERAL TOLERANCES
   (UNLESS SPECIFIED)

ANGULAR TOL ± 3.0 °

4 PLACES ±

3 PLACES ±

2 PLACES ± 0.25

1 PLACE ± 0.35

0 PLACES ±

DRAFT WHERE APPLICABLE
MUST REMAIN

WITHIN DIMENSIONS

THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX ELECTRONIC TECHNOLOGIES, LLC AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
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