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LENGTH
2545
PIN OUT: T568B |_
—A _ PLUG 1 PLUG 2 COLOR _
8 [ P4 — _ PIN1 PIN1 WHITE/ORANGE _
CABLE MARKING: A _ PIN2 PIN2 ORANGE _
[ Amphenol Gables on Demand TYPE CM 28AWG 4PR75°C | PIN3 PIN3 WHITE/GREEN
[_(UL) o(UL) E314104 TIAEIA-568-C2UTP CAT6A | _ PIN4 PIN4 BLUE _
| PINS PIN5 WHITE/BLUE |
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NOTE:
1.WORKING TEMPERATURE RANGE:-25°C TO 75°C
A 2.CONTACT RESISTANCE:<=30 mQ
3.INSULATION RESISTANCE:>=100 MQ/300V
4. TENSILE STRENGTH(CABLE TO PLUG): 7.7kgf Cable & SR Color:Black,Blue,Yellow,Green,Red,White
5.INSERTING/MATING:1000 TIMES CYCLES MIN
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LENGTH & P/N Table

LENGTH P/N Color LENGTH P/N Color
1FT(304.8+30/-0)| MP-6A28GNSRED-001| Red 1FT(304.8+30/-0)| MP-6A28GNSGRN-001| GREEN
3FT(914.4+25) [MP-6A28GNSRED-003| Red 3FT(914.4+25) | MP-6A28GNSGRN-003| GREEN
5FT(1524+50) [ MP-6A28GNSRED-005| Red 5FT(1524+50) | MP-8A28GNSGRN-005| GREEN
7FT(2133.6450) | MP-6A28GNSRED-007| Red 7FT(2133.6450) | MP-BA28GNSGRN-007| GREEN
10FT(3048£75) | MP-6A28GNSRED-010| Red 10FT(3048+75) | MP-6A28GNSGRN-010| GREEN
14FT(4267.2£75)| MP-6A28GNSRED-014| Red 14FT(4267.2475)| MP-6A28GNSGRN-014| GREEN
1FT(304.8+30/-0)| MP-6A28GNSBLK-001 | BLACK 1FT(304.8+30/-0) | MP-6A28GNSWHT-001| WHITE
3FT(914.4+25) [MP-6A28GNSBLK-003 | BLACK 3FT(914.4+25) | MP-6A28GNSWHT-003| WHITE
5FT(1524450) | MP-6A28GNSBLK-005 | BLACK 5FT(1524+50) | MP-6A28GNSWHT-005| WHITE
7FT(2133.6+50) | MP-6A28GNSBLK-007 | BLACK 7FT(2133.6+50) | MP-6A28GNSWHT-007| WHITE
10FT(3048+75) | MP-6A28GNSBLK-010 | BLACK 10FT(3048+75) | MP-6A28GNSWHT-010] WHITE
14FT(4267.2£75)| MP-6A28GNSBLK-014 | BLACK 14FT(4267.2475)| MP-6A28GNSWHT-014| WHITE
1FT(304.8+30/-0)| MP-6A28GNSBLU-001 | BLUE
3FT(914.4¢25) | MP-6A28GNSBLU-003 | BLUE
5FT(1524+50) | MP-6A28GNSBLU-005 | BLUE
7FT(2133.6450) | MP-6A28GNSBLU-007 | BLUE
10FT(3048+75) | MP-6A28GNSBLU-010 | BLUE
14FT(4267.2+75)| MP-6A28GNSBLU-014 | BLUE
1FT(304.8+30/-0)| MP-6A28GNSYLW-001 [YELLOW
3FT(914.4£25) | MP-6A28GNSYLW-003 |YELLOW
5FT(1524+50) | MP-6A28GNSYLW-005|YELLOW
7FT(2133.6450) | MP-6A28GNSYLW-007 [YELLOW
10FT(3048+75) | MP-6A28GNSYLW-010|YELLOW
14FT(4267.2+75)| MP-6A28GNSYLW-014 |[YELLOW
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