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ORDERING INFORMATION:

6SA U 07 MP - 3
(1) @) (3 4 [GSPRCEY)
SERIES NUMBER:

6SA SERIAL ATA CONNECTOR
TAIL CONSTRUCTION TYPE

U+ R/A SMT TYPE

NO, OF POSITION:

07 +7POSITIONS

CONTACT &CONNECTING TYPES:
MP + PLUG ,METAL SHELL TYPE

0 R
(7> (8

a

@)

3

4)

5.60

®7,

(53> COLOR CODES:

3 ‘BLACK

N :DARK RED
PLATING OF CONTACT :

0 + GOLD FLASH OVER NICKEL

9.50£0.05

>

12.95

10.40

7.70

~

5.35

3.90

9.50
5.60

9.00

1.27£0.05

0.40

0.3040.01

1.50

SECTION

7.62£0.05

(FRONT EDGE
OF CONNECTORD

~7

7.40

RECOMMENDED PC BOARD LAYOUT

A-A

SECTION B-B

2 + 15u”’GOLD OVER NICKEL

3 + 30u’GOLD OVER NICKEL

TAIL LENGTH :

0 « SMT TYPE

SUFFIX NOT

R + REVERSE SMT TYPE, WITHOUT LDOGO

7>

(8>

NOTE:

LMATERIAL:
HOUSING:HIGH TEMPERATURE THERMOPLASTIC,UL94V-0
CONTACT:BRASS,GOLD PLATING OVER NICKEL ON

CONTACT AREA.TIN PLATING ON SOLDER AREA

SHELL:BRASS,NICKEL PLATED

2 MECHANICAL:
INSERTION FORCE: 4.5Kgf Max.
WITHDRAWAL FORCE: 1Kgf Min,
DURABILITY: 2300 CYCLES

3 ELECTRICAL SPECIFICATION:
OPERATION VOLTAGE: 100V AC Mox.
CURRENT RATING: 1.5A PER CONTACT
CONTACT RESISTANCE: 45m ohm Max.
INSULATION RESISTANCE: 1000M OHM Min,
DIELECTRIC WITHSTANDING VOLTAGE: S00V AC
4 ENVIRONMENTAL:
OPERATION TEMPERATURE:

-25°C~+85°C

PART NO.

MATERIAL

TOLERANCE UNSPECIFIED
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