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1. MATERIAL: HOUSING- GLASS FILLED LCP (LIQUID CRYSTAL POLYMER),
45.52 > UL 94V-0, COLOR: BLACK.
1.792] TERMINALS-COPPER ALLOY.
2. PLATING: 0.76 MICROMETER / 30 MICROINCH MINIMUM SELECT GOLD IN CONTACT AREA,
3.81 MICROMETER / 150 MICROINCH MINIMUM TIN IN PC TAIL AREA,
BOTH OVER 1.27 MICROMETER / 50 MICROINCH MINIMUM NICKEL OVERALL.
POWER TERMINALS ARE LUBRICATED IN CONTACT AREA.
3. PRODUCT SPECIFICATION: PS-45984-001
4. PACKAGING SPECIFICATION: TRAY PER PK-45984-001
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