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C210561 2021/04/1°2
C221953 2022112715

Sealing Nut Clamp Ring Gasket Connector

/B\M12B - XXBMMA-SL800 |

XX No. Of Pin

/A\Note:

RoHS Compliant
* @OlImportant Dimension
@* Waterproof rate: P68, mated Im/24h
¥ Connector
Housing: Thermoplastic, Black
Pl N Pin: Copper alloy, Gold plated
e e e) Extension Nut: Thermoplastic, Black
L Nut: Metal
4 5 Gasket: Rubber, Gray
Clamp Ring: Thermoplastic, Black
Sealing Nut: Thermoplastic, Black
4P Seal: Rubber, Gray, OD:QﬁA.Smm~Q36>5mm
One set unassembled in one pe bag
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