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* RoHS Compliant
* @O Important dimension

¥ Waterproof rate:

Connector
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Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated

Shield:
Nut:

Me tal
Metal

O-Ring: Rubber, Black
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Thickness max:
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