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0-Ring Ground
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' * RoHS Compliant
gi\ * @OImportant dimension
ZCL* Waterproof rate: IP68, unmated Im/24h
]g * Connector
Housing: Thermoplastic, Black
%I/ Pin: Copper alloy, Gold plated
| 0-Ring: Rubber, Green
*# Shield: Metal
* Ground: Metal
¥ Nut: Metal
%ﬁ?g?éior Nut * 0-Ring: Rubber, Green
¥ For panel thickness: 2.0~4.5mm
¥ For pcb thickness max: |.6mm
¥ Nut is packed separately in pe bag
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