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Amphenol LTW

16.7 (Ref.)56.2

UNIT:mm O SEN, M8 PLASTIC
CABLE W/O SR, F, F, FI SCREWIN

Sam Ho 2024/06/14
      TOLERANCE
      .X          �#�0.25
      .XX         �#�0.1
      .XXX        �#�0.05
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  8P-XXBFFB-SL7001 Aric Ko 2024/06/142:1 A4     1     1

ALTW Fred Lee 2024/06/14G A.3  QC :Inspection item
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REV. ECN NO. DATE SIGN DESCRIPTION

E C210686 2021/05/07 Peng    X5

F C221880 2022/12/06 Vicky    X1

G C240471 2024/06/14 Sam Ho    X2

ITEM NAME Description Spec QTY

1 DOR0049VT70 O-RING,CIRCLE,VITO,GREEN,70Φ05.20XLΦ0.80 1

2 ZSE00101778 M8 SCREW IN FEMALE CONNANB00010323+BAB00010148+491

3 ANC00010088 M8 SCREW IN CLAMPRINGBLACK, NYLON 661

4 DGA00010736 GASKET,SQUARE,EPDM,BLACK,70Φ07.10XΦ09.00XH07.00,N1

5 ANC223XXX01 SEALING NUTNYLON 66,BK 1

3P 4P

  Pin Assignments Front View

Note:
* RoHS Compliant
*    Important Dimension
* Waterproof rate: IP67, mated
* Connector
  Housing: Thermoplastic, Black
  Pin: Copper alloy, Gold plated
  Extension Nut: Thermoplastic, Black
  Nut: Thermoplastic, Black
  O-Ring: Rubber, Black
* O-Ring: Rubber, Green
* Clamp Ring: Thermoplastic, Black
* Sealing Nut: Thermoplastic, Black
* Seal: Rubber, Black, OD:�n�4.5mm~�n�6.5mm
* One set unassembled in one pe bag

8P-XXBFFB-SL7001

XX: No. Of Pin

Sealing Nut
Seal

Clamp Ring Connector
O-Ring
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