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ECN NO. DATE SIGN DESCRIPTION
C210686 2021/05/12 Vicky
C240227 2024/03/0]1 Huber t
C240342 2024/04/12 Vicky

/ANAD0.00 '0"° Coplanarity 0.10 Max.
| 7.00

@1.00 +0.03

8.00 40.05

O-Ring
Spring

40 +0.03

Ground

No%e:

RoHS Compliant
* @Important dimension
* Waterproof rate: Non-Woterproof
¥ Connector
Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
0-Ring: Rubber, Gray
Spring: Metal
Ground: Metal
Mylar: PI, Amber
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Tape & Reel

Information:

Note:

32.0 £0.3

6666650000666 666600006FC

Top of Reel

FE

36.8(Ref.)

T

/

*@Connector Orientat

Follow Drawing

Peeling Strenght 0.1~
(3001 0mm/min)
Peeling Angle

165~180°

3N Max.

AR A AV AA A A

100 PCS/Ree |

360mm

(opprox I5pcs)
Without charge

With Product Charge

(approx

I5pcs)

Without Charge

UNTT : mm

TOLERANCE
X
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NONE

PCB SMT

XX

SCALE

SIZE

Free A

SHEET

30"

XXX
ANGLES

REV.
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(QC): Inspection item
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ITEM NO
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Vicky 2024-04-172
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Package:
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One Carton can put in the S5PCS(Max.) Box
€:> (500 PCS/Carton)

Q

100 PCS(Connector)/TapedReel,
Put in a Box
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