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UNIT:mm Panel Cover For Middle Size 13/16"-28UN CAP-CACFSBA1 Lingpeng 2017-04-14
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CAP-CACFSBA1 Ma Fei 2017-04-143:2 A4     1     1
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REV. ECN NO. DATE SIGN DESCRIPTION

A Initial Release 2013/07/08 Vicky Old Item No. CAP-CACPFSA1

B LEN1740202 2017/03/30 Ruru Change Logo

C LEN1741201 2017/04/14 Lingpeng Change Mark

Recommended
Panel Cut-Out

Note:

*    Important Dimensions To Check.

* Waterproof Rate: IP67.

* Base: Nylon+GF,UV Resistant, Black.

* Gasket: EPDM70,Black.

* Panel Nut: Nylon+GF,Black.

* Maximum Panel Thickness: 8.0mm
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