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NOTES:

1. MATERIAL: THERMOPLASTIC ELASTOMER, BLACK.

2. DIMENSIONS SHOWN FOR REFERENCE ONLY.

3. THIS PART IS RoHS COMPLIANT.

PART NUMBER GROMMET 
SIZE I.D. SIZE REF CABLE O.D. RANGE

 P3907 A 0.500 [12.7] 0.375 - 0.500  [9.5 - 12.7]

 P3908 B 0.600 [15.2] 0.500 - 0.600  [12.7 - 15.2]

 P3909 C 0.700 [17.8] 0.600 - 0.700  [15.2 - 17.8]
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