NOTICE OF PROPRIETARY RIGHTS

THIS DOCUMENT CONTAINS CONFIDENTIAL TECHNICAL DATA, INCLUDING TRADE SECRETS,

PROPRIETARY TO

TIMES MICROWAVE SYSTEMS. DISCLOSURE OF THIS DATA IS EXPRESSLY CONDITIONED UPON YOUR ASSENT THAT ITS USE IS LIMITED TO USE WITHIN
YOUR COMPANY ONLY. ANY OTHER USE IS STRICTLY PROHIBITED WITHOUT THE PRIOR WRITTEN CONSENT OF TIMES MICROWAVE SYSTEMS
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Reference Standard IEC60169-8 III. Material and plating
1. Electric Performance Component Material Plating
Nominal Impedance(Q): 50 Inner conductor Spring copper Au 1.27pm
Frequency Range: DC-4GHz Outer conductor Brass Copper-tin-zinc 2um
VSWR: <1.35 Insulator PTFE
Insert Loss(dB): <0.1 O-ring Silicone rubber
Insulation resistance(M Q)  >5000
Withstand Voltage(V) 1500 IV. Environment
Conductor resistance(mQ)  outer conductor <0.4 Temp. range -55°C~+155C
inner conductor <1.5 Weather standard IEC 60068 55/ 155/ 56
Thermal shock US MIL-STD 202,Meth.107,Cond.B
II. Mechanical Performance Vibration US MIL-STD 202,Me¢th.204,Cond.B
Tensile force(cable-connect) 400N Shock US MIL-STD 202,Meth.213,Cond.I
Torsion(cable-connect) 2N.m ROHS Compliant

V. Assembly: inner conductor installed and outer conductor crimped
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