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Materials & Finighes
Center Contact: Gold Plated Brass
Other Metal Parts: Nickel Plated Brass
Dielectric: belrin
Electrical Properties
Impedance: 50 Ohms
Working Voltage: 300 Volts (RMS max)
VSWR: 1.35:1 (max) up to 1 GHz
Insertion Loss: <0.15 dB up to 1 GHz
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