TABLE 1

REV ECO DATE
e
415-0509-MM100 | 100mm -6 3 | EC-2408008 | 08/15,202%
415-0509-MM200 | 200mm =6
L15-0509-MM250 |  250mm =6
L15-0509-MM500 | 500mm =6
415-0509-M1.0 1000mm 412
- “LENGTH” -
PART LIST
I TEM aTyY DESCRIPTION
1 2 SMP FEMALE
NOTES: UNLESS OTHERW ISE SPECIFIED. 2 |2 X .40+£.10 HEAT SHRINK TUBING
3 AR CABRLE
1. CABLE ASSEMBLY DIELECTRIC W ITHSTANDING VOLTAGE: .
500 VRMS FOR A PERIOD OF ONE MINUTE. ClnCh L15-0509-MX X XX JOHNSON
2. CABLE ASSEMBLIES TO BE 100% TESTED FOR VOLTAGE AND CONTINUITY. s e e T
3. ASSEMBLIES TO BE PACKAGED 1 PER BAG. ST (D han | 38078 [ CABLE ST, HETRIC, SIR SHE fALE TO
L. VSWR: 1.50 MAX DC-18GHz e P RIS o
R | o e Ry e 4 15-0509-MX XXX 3
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