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M12 PANEL MOUNT CONNECTOR
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RATED VOLTAGE 30V 30V

RATED CURRENT 2A 1.5A

POLLUTION DEGREE 3 3

OVERVOLTAGE CATEGORY II II

MATERIAL GROUP II II

DEGREE OF PROTECTION IP67 IP67

OPERATION TEMPEATURE -40~85�$�C -40~85�$�C

- EPOXY RESIN POTTING ADHESIVE 6

GOLD PLATED COPPER ALLOY CONTACT 5

NICKEL PLATED COPPER ALLOY METAL NUT 4

BLACK RUBBER O-RING 3

NICKEL PLATED COPPER ALLOY M12,MALE,METAL BODY 2

- PA66 M12,MALE HSG 1

OTHERS MATERIAL DESCRIPTION ITEM

T4130012121-000 RPC-M12-MF-12CON-PG9-LAU 12

T4130012081-000 RPC-M12-MF-8CON-PG9-LAU 8

PART NUMBER TYPE POS.

NOTE:
1. TECHNICAL DATA: SEE TABLE 1
 
2. RECOMMENDED MOUNT PANEL SEE DETAIL 
 
3. PACKAGING:1 PIECE IN A BAG
 
4. ALL DIMENSIONS ARE FOR NOMINAL REFERENCE ONLY 
   UNLESS OTHERWISE STATED
 

RECOMMENDED PANEL CUTOUT

TABLE 1
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1.    ,  1
 
2.            
 
3.  :1PCS/  
 
4.        ,      
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