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| ¥ Waterproof rate: IP67, Unmated

| \\7 x Connector

| Gasket Housing: Thermoplastic, Black

| Power Pin: Copper, Gold plated

\ Bock Cover Signal Pin: Copper alloy, Gold plated
| Bock Cover: Thermoplastic, Black
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Blind hole
Thread depth z6mm

)

Gasket: Rubber, Black
Seal: Rubber, Red
Screw: Matal
* For panel thickness min: 2.0mm
* The product is shipped unassembled.
¥ Pin, Back Cover and Screw
are poacked separately in pe bag
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