2.0 MARKING: MARK UNIT AS SHOWN

NOTES:
1.0 ELECTRICAL SPECIFICATIONS:
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FREQUENCY RANGE: 250 MHz to 18.5 GHz
IMPEDANCE: 50 OHMS, NOM.

VSWR: 1.35:1 MAX.

INSERTION LOSS: 0.5dB MAX.

INSERTION LOSS AT 1 KHz: > 60dB

DC WORKING VOLTAGE: 200 VOLTS, MIN.
OPERATING TEMPERATURE: —-65°C to +125°C

TYPE: INNER ONLY
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