NOTES:

1.0 ELECTRICAL SPECIFICATIONS:
1.1 FREQUENCY RANGE:Z.0 to 18.0 GHz
1.2 INSERTION LOSS: (1.0 + 0.051)dB MAX.
WHEN REFERENCED TO 6dB POWER DIVISION.
(WHERE T IS FREQUENCY IN GHz).

1.5 ISOLATION:15dB MIN.

1.4 VSWR (MAX): 1.80:1
1.5 OUTRPUT UNBALANCE:
AMPLITUDE: O0.70dB MAX.
PHASE: 20" MAX.
1.0 MAX. INFUT POWER:
10 WATTS MAX.

1.7 IMPEDANCE: 50 OHMS

1.8 TEMPERATURE RANGE:
—B5°C to +125°C 3.26

2.0 FINISHING: (82.8)

5

2.1 GREY PER MIL-E-15090 TYPE II, CLASS 2
OVER MIL-C-5541 CLASS 3A

MEETS MIL-F-1407/2
MEETS MIL-E-5400

2.2 MARKING: MARK UNIT AS SHOWN
.0 DIMENSIONS IN PARENTHESIS  ARE

IN MILLIMETERS.
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3 PLACE DECIMALS *.003
2 PLACE DECIMALS .01
FRACTIONS +1/64
PARALLELITY: T.LR.
FLATNESS: T.LR.
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