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TYPE N PLUG
PER MIL-STD-348
FIG 304-1

NOTES: UNLESS OTHERWISE SPECIFIED.

1. MATERIALS & FINISH:
1.1 HOUSINGS & NUT: STAINLESS STEEL PASSIVATED.
1.2 CENTER CONTACT: GOLD PLATED BERYLLIUM COPPER
1.3 DIELECTRIC: PTFE (TEFLON)
1.4 GASKET: SILICONE RUBBER
1.5 RETAINING RINGS: UNPLATED BERYLLIUM COPPER
1.6 SUPORT BEAD: NORYL

2. ELECTRICAL SPECIFICATIONS:
2.1 FREQUENCY RANGE: DC TO 18.0 GHz
2.2 VSWR (MAX):

DC TO 4.0 GHz; 1.04:1

4.0 TO 8.0 GHz: 1.07:1

8.0 TO 18.0 GHz; 1.12:1
2.3 IMPEDANCE: 50 OHMS
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