NOTES:
1.0 ELECTRICAL SPECIFICATIONS:
1.1 FREQUENCY RANGE: DC to 18.0 GHz
1.2 MAXIMUM INPUT POWER: 0.5 WATTS @ +25°C
DERATED LINEARLY TO O WATTS @ +125°C
1.3 OPERATING TEMP. RANGE: —55°C to +125°C
1.4 IMPEDANCE: 50 OHMS
1.5 VSWR: 1.05 +0.008f(GHz)
2.0 MARKING: MARK UNIT AS SHOWN
(REF.: INK—09035—-27-07)

3.0 DIMENSIONS IN PARENTHESIS ARE IN

MILLIMETERS.
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NOTICE: The Information
contained in this drawing
Is proprietary and must
not be used without the
permission of Emerson
Network Power.
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