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. ACCEPTS CONTACT P/N

[ 375819,

. ACCEPTS MTA-100 KEYING PLUG P/N ©41994-1.

DIMENS TONS IN BRACKETS ARE [N INCHES.

NOT FOR USE WITH CONTACT PART NUMBLR

110601 OR 770666,
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71.63 ?.820 28 2-13758720-8
69.09 2120 ? 2-1375820-7
66 .55 2. 620 26 2-1375820-6
64 .0 2. 520 25 2-1375820-5
61 .47 2. 420 ? 2-13758720-14
58.93 2320 ? 2-1375820-3
56 .39 2.220 ? 2-1375820-2
53.85 2. 120 2| 2-1375820- |
51 .31 2. 020 20 2-1375820-0
48 . 77 | .920 19 - 1375820-9
46 .23 | .820 |8 |- 1375820-8
43,69 720 7 - 1375820-7
41 .15 620 6 - 1375820-6
38 .6 . 520 |5 - 1375820-5
36.07 | 4720 | 4 - 1375820-4
33.53 | 320 | 3 - 1375820-3
30.99 . 220 |2 |- 1375820-2
28 .45 120 | | - 1375820
25 .9 . 020 0 - 1375820-0
23,37 .920 9 1375820-9
20.83 820 8 1375820-8
18.29 120 I 1375820-7
5,75 620 5 1375820-6
3.2 520 5 1375820-5
10.67 420 4 1375820-4
8,13 0320 3 1375820-3
5.59 220 ? 1375820-7
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