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3.5MN(p) 3.5MN(p)
Structure and presentation of cable
Description Of Cable 4 3 2 1
1 Inner Conductor:1*9/0.12 Cu / »
2 Inner Insulation:1*#1.0 PVC m <
3 Braiding:28/0.1 Cu
4 QOuter Jacket:?3.85 PVC
Prepared | Neil Tang Material
Checked Finish Model AV0201 3
Approved Q'ty VER. Scale [ parts
Unit mm g—@ A-1
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