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2 | PC STRAIN RELIEF FOR 15 PIN 4
1 . DB15 FEMALE, IDC TYPE, FOR WIRE 2BAWG
INSULATION: BLACK 3
1 PC DB15 MALE, IDC TYPE, FOR WIRE Z28AWG 5
INSULATION: BLACK
AR MR ULZ2651 28AWG 15C, 1.27MM PITCH, GRAY 1
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