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TYCO P/N: 1537733—1
CUSTOMER P/N: EB—GCN—04-248—-01-25
2 PC STRAIN RELIEF FOR 25 PIN 4
: - DB25 FEMALE, IDC TYPE, FOR WIRE Z28AWGC
3
INSULATION: BLACK
: PC DB25 MALE, IDC TYPE, FOR WIRE 28AWG 5
INSULATION: BLACK
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