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WITHOUT WRITTEN AUTHCRIZATION FRCM TYCO ELECTRONICS

TO ANYONE, OTHER THAN TYCO ELECTRONICS PERSCNNEL,
CORPORATICN, HARRISBURG, PENNSYLVANIA USA.

TYCO ELECTRONICS CORPORATION AND ITS WORLDWIDE

SUBSIDIARIES AND AFFILIATES.

Pos.37 Pos.3
152%4°
TYCO P/N: 1537734—1
CUSTOMER P/N: EB—GCN—-04—-248—-01-37/
2 PC STRAIN RELIEF FOR &7 PIN 4
: . DB37 FEMALE, IDC TYPE, FOR WIRE 28AWC
INSULATION: BLACK 3
: PC DB37 MALE, IDC TYPE, FOR WIRE 28AWG 5
INSULATION: BLACK
AR | MR ULZ2651 2BAWG 37C, 1.2/MM PITCH, GRAY 1
QTY [U/M PART NO. DESCRIPTION ITEM
DWN 21JUL04 | MATERIAL HEAT TREAT
BOVEY LIU - -
CHK 20AUGO4 _ _
DIMENSIONS: OTHERWISE SPECIFIED: PHILIP YANG
MM m Tyco Electronics Corporation
0 PLC £ _ APYD 20AUG04 Bectoncs - Harrisburg, PA 17105
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