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MATERIAL  [ALTERNATE WIRE Rl W’ v AT =
NUMBER NUMBER WIRE SIZE STOP COLOR MAX MAX MAX MIN MIN
192160007 (B) ML-1210 12-10 YES YELLOW 52/(13.2) .747(18.8) .80/(20.3) 160/(4.06) | 185/(4.70)
192160003 ML- 1614 16-14 YES BLUE 42/(10.7) 55/(13.8) | .79/(20. 125/(3.17) | 130/(3.30)
192160004 ML-1814 18- 14 NO WHITE 42/(10.7) .55/(13.8) .79/(20.1) 125/(3.47) | 130/(3.30)
192160005 ML-2218 22-18 YES RED 42/(10.7) .55/(13.8) .79/(20.1) 120/(3.04) | 120/(3.04)
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POSSIBLE WIRE CONFIGURATIONS WIRE STOP o A ® B
192160002 12/10 AWG
____ L
192160003 6/14 AWG
192160004 18/14 AWG
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