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ug MOUNTING HOLES WILL ACCEPT PINS OR SCREWS OF .087 MAX DIA ON .375+.002 CENTERS
\QJ 2 - TFOR USE IN TEMPERATURE RANGE-85°F T0+500°F(DOWN TO-300°F IF WIRE LEADS
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l < — ALL EXPOSED PARTS ARE OF CORROSION RESISTANT MATERIALS
< WEIGHT OF SWITCH ONLY IS 0.014 LB MAX. WEIGHT OF CONDUCTOR GROUP ONLY
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W
l s | THIS DRAWING COVERS A PROPRIETARY ITEM AND IS THE PROPERTY OF MICRO SWITCH. A DIVIsioN oF | TMFOXCHF PROJECTION
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