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NOTES:
) MATERIALS:
HOUSING- LCP, GLASS FILLED, 94V-0, BLACK.
TERMINALS- COPPER ALLOY
C 2) FINISH:
TERMINALS:
[$].005/0. 130[X0)] .000030/(0.00076) MINIMUM GOLD IN CONTACT AREA AND
.000050/(0.00127) MINIMUM TIN IN TAIL AREA OVER
A .000075/(0.0013 ) MINIMUM NICKEL UNDERPLATE OVERALL.
3) ASSEMBLY MATES WITH MOLEX P/N SDA-TI66I-7xx%,

CIRCUIT |

[@]. 005/0.130[xO)]

CONFORMS TO PRODUCT SPECIFICATION PS-71660.

ARECOMMENDED P.C. BOARD THICKNESS IS .062/1.6 mm.
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RECOMMENDED PC BOARD LAYOUT A
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71660
ITEM NUMBER | CKT ("N A B C D E
71660- 1030 30 700 (17.78) | .815 (20.70) | 1.199 (30.45) | 1.010 (25.65)
71660- 1040 40 950 (24.13) | 1065 (27.05) | 1.449 (36.80) | 1.260 (32.00)
71660- 1050 50 1.200 (30.48) | 1.315 (33.40) | 1.699 (43.15) | 1510 (38.35)
71660-7060 60 1450 (36.83) | 1.565 (39.75) | 1.949 (49.50) | 1.760 (44.70)
71660- 1068 68 1650 (41.91) | 1765 (44.83) | 2.149 (54.58) | 1.960 (49.78) | .10 (2.79)
71660- 1080 30 1.950 (49.53) | 2.065 (52.45) | 2.449 (62.20) | 2.260 (57.40)
71660-7100 100 2.450 (62.23) | 2.565 (65.15) | 2.949 (14.90) | 2.760 (10.10)
71660-7120 120 2.950 (74.93) | 3.065 (77.85) | 3.449 (87.60) | 3.260 (82.80)
71660-7130 130 3.200 (81.28) | 3.315 (84.20) | 3.699 (93.95) | 3.510 (89.15)
71660-7230 30 700 (17.78) | .815 (20.70) | 1.199 (30.45) | 1.010 (25.65)
71660-7240 40 950 (24.13) | 1065 (27.05) | 1449 (36.80) | 1.260 (32.00)
71660-7250 50 1.200 (30.48) | 1.315 (33.40) | 1.699 (43.15) | 1510 (38.35)
71660- 1260 60 1450 (36.83) | 1.565 (39.75) | 1.949 (49.50) | 1.760 (44.70)
71660-7268 68 1650 (41.90) | 1765 (44.83) | 2.149 (54.58) | 1.960 (49.78) | .134 (3.40)
71660-7280 30 1.950 (49.53) | 2.065 (52.45) | 2.449 (62.20) | 2.260 (57.40)
71660- 1300 100 2.450 (62.23) | 2.565 (65.15) | 2.949 (74.90) | 2.760 (70.10)
71660-7320 120 2.950 (74.93) | 3.065 (77.85) | 3.449 (87.60) | 3.260 (82.80)
71660-7330 130 3.200 (81.28) | 3.315 (84.20) | 3.699 (93.95) | 3.510 (89.15)
71660- 1630 30 700 (17.78) | .815 (20.70) | 1.199 (30.45) | 1.010 (25.65)
71660- 1640 40 950 (24.13) | 1065 (27.05) | 1.449 (36.80) | 1.260 (32.00)
71660- 1650 50 1.200 (30.48) | 1.315 (33.40) | 1.699 (43.15) | 1510 (38.35)
71660-7660 60 1450 (36.83) | 1.565 (39.75) | 1.949 (49.50) | 1.760 (44.70)
71660-7668 68 1.650 (41.90) | 1765 (44.83) | 2.149 (54.58) | 1.960 (49.78) | 155 (3.94)
71660- 1680 80 1.950 (49.53) | 2.065 (52.45) | 2.449 (62.20) | 2.260 (57.40)
71660- 1700 100 2.450 (62.23) | 2.565 (65.15) | 2.949 (74.90) | 2.760 (70.10)
71660-7720 120 2.950 (74.93) | 3.065 (77.85) | 3.449 (87.60) | 3.260 (82.80)
71660-7730 130 3.200 (81.28) | 3.315 (84.20) | 3.699 (93.95) | 3.510 (89.15)
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