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SANDVIK BELZER

Double head socket
spanner, offset
Metric

28M-Set

Finish: nickel and chrome-plated, fine-polished.
Material: VANADIUM-EXTRA.

Offset end: double hexagon.
Straight end: hexagon.

(Sizes 6 and 7 mm both ends hexagon).

Dim.

Product . EAN code L h d ey
code 731415+ @ mm . mm mm mm - bore @
28M-6 1834630 5 6 93,5 18 9 4,5 22
28M-7 1834647 5 7 99 20,5 10 4.5 35
28M-8 1834654 5 8 104,5 23,5 12 6 40
28M-9 1834661 5 9 111,5 25 13,5 6 60
28M-10 1834678 5 10 116,5 27 15 7 80
28M-11 1834685 5 11 123,5 29,5 16,5 8 100
28M-12 1834692 5 12 136,5 31,5 18 8 120
28M-13 1834708 5 13 146,5 33,5 19,5 9 140
28M-14 1834715 5 14 158,5 36 20,5 9 160
28M-15 1834722 5 15 166,5 37,5 22 10 195
28M-16 1834739 5 16 179,5 41 23 11 235
28M-17 1834746 5 17 188,5 43,5 24,5 11 300
28M-18 1834753 3 18 196,5 46,5 26 14 370
28M-19 1834760 3 19 203,5 48,5 27 14 405
28M-21 1834777 3 21 213,5 50,5 29,5 14 460
28M-22 1834784 3 22 219,5 55 31 15 520
28M-24 1834791 3 24 231,5 57,5 33,5 17 640
28M-27 1834807 3 27 279 66 37 19 850
28M-30 1834814 1 30 306 72 41 21 1015
28M-32 1834821 1 32 324 76 43 23 1115
In cardboard box

Product EAN code No. Dim. m
code 731415+ units mm (!
28M/8 1838119 8 8 10 11 13 16 17 18 19 1700
28M/11 1838126 11 89 10 11 12 13 14 15 2200

' 17 19 22
28M/12 1838133 12 8 9 10 11 12 13 14 15 2300
16 17 18 19
28M/15 1838140 15 89 10 11 12 13 14 15 4000

16 17 18 19 21 22 24
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