Cirrus 25 Technical Specification Sheet
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MODEL 25/2
Nominal Power Qutput at 10°C, 5W 10w 15W 10W 20W 30w 40W
12V or 230V *
Rated fan current at 12V, amps 0.06 0.06 0,06 0.06 0.06 0.06 0.06
Typical max at 12V, amps 1 2 3 1 2 3 4
inrush eurrent at24V, amps 1 2 g 2 a 5 1
at 115V, amps nia nfa n/a nia 1 1 2
at 230V, amps nla nia nia nfa 3 5 7
Fan volumetric flow, approximate cfm 1.6 1.6 1.6 1.6 1.6 1B 1.6
Fan lifetime al 50°C MTBF, hours 82,000 82,000 82,000 82,000 82,000 82,000 82,000
Input Voltage -fanDC 12 12 12 12 12 12 12
- heater 12124 12/24 12/24 12/24 12/24 12/24 12/24
100-240 100-240 100-240
Dimensions - cross section mm 26x27 26127 26x27 26x27 26x27 26x27 2627
- length of profile and fan 50 50 50 72 72 72 72
Outlet Finger Guard (High Voltage supply) n/a nla nia n/a Y Y Y
Outlet Finger Guard (Low Voitage supply) Option Option Option Option Option Option Option
OPtions * Other pawer outpuls avallable on reguest
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Finger Guard at outlet
Smartcon® Cable to allow AC fan supply and/or 24V fan supply
Fixings - DIN clip
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