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Conduit Fittings

Please suffix product code with colour choice

L

Conduit Fixing Clips ‘CLIC’

Lockrings Screwed —PVC -

COUPLERS & CONNECTORS

Standard Coupling

Size Ref Packed
420mm PSC 20 100
425mm PSC 25 50

32mm PSC 32 50

i /

Expansion Couplings
Size Ref Packed
420mm PEC 20 50
€25mm PEC 25 50
Reducers .
Size Ref Packed

25-20mm  RED 25 100
32-25mm  RED 32 50

SADDLES & FIXINGS
'y

Strap Saddles
Size Ref Packed 0
420mm PSS 20 100
425mm PSS 25 100

32mm PSS 32 100
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Spacer Bar Saddles -
Size Ref Packed
420mm SBS 20 100
425mm SBS 25 100

32mm SBS 32 50

Oval Spring Clip Saddles ’

Size Ref Packed
420mm PXC 20 100
425mm PXC 25 100

ADAPTORS & BUSHES
L)

Adaptors — Female Thread with Male Bushes

Size Ref Packed

420mm PFA 20 100

425mm PFA 25 50
32mm PFA 32 50

L4

Adaptors — Male Thread with Lockrings

Size Ref Packed

420mm PMA 20 100

425mm PMA 25 50
32mm PMA 32 50

O

Male Bushes — Screwed

Size Ref Packed
420mm MBS 20 100
€25mm MBS 25 100
32mm MBS 32 100
Bell Mouth Bushes -
White only
Size Ref Packed
20mm MBB 20W 100
25mm MBB 25W 100

Size Ref Packed Size Ref Packed
- 20mm UK 20 50 20mm CLR 20 100
(EA) BS 4607 Pt5. 25mm  UK25 50 25mm  CLR25 100
32mm CLR 32 50
Y ) ‘ NORMAL BENDS
Round Spring Clip Saddles u
Single fixing hole in centre
Size Ref Packed ‘/\
420mm CSA 20 100 >
425mm CSA 25 50 \\"

Heavy Bends with Two Couplings

Size Ref Packed

420mm NBH 20 25

425mm NBH 25 20
32mm NBH 32 10

r

Light Gauge Bends Slip Type

White only

Size Ref Packed
420mm NBL 20W 25
425mm NBL 25W 20

INSPECTION FITTINGS

= . _
Inspection Elbow l
Size Ref Packed
420mm PIE 20 50

Wt

Inspection Bends

Size Ref Packed

420mm PIB 20 25

425mm PIB 25 20
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Inspection Tees .

Size Ref Packed

420mm PIT 20 20

425mm PIT 25 20

Telephone: +44 (0)1352 792301 Fax: +44 (0)1352 792314 Technical Advice: +44 (0)1352 792300



