XTRA Surface metalclad range

13A Socket Outlets

NEW REF: OLD REF:
X111MG  1G socket (FM3041)
X112MG  2G socket (FM3042)

13A Non Standard/Clean Earth
Socket Qutlets

13A SP Switched Sockets

13A DP Switched Sockets
2 E Terminals Inboard Rockers

Socket Outlets

13A 2G DP Quthoard
Switched Sockets

NEW REF: OLD REF:
X130MG (FM4120)
1G clean earth socket

X120MG (FM4121)

1G non-standard/clean earth socket

F3368 Non-standard plug top

To BS 1363:Part 2:1995
Terminals capable of accepting
up to 3 x 4mm? or 2 x 6mm?
conductors.

Non-standard socket interface to
BS 5733 with clean earth facility.
Standard socket interface to

BS 1363 with clean earth facility.
Dimensions:

1G - 86mm x 86mm

2G - 86mm x 146mm

Fixing centres:
1G - 60.3mm
2G - 120.7mm

Complete with mounting box.

X511MG 16 X521MG 1G

X512MG  2G X521INMG  1G + neon
X521INRRMG 1G + neon + red rockers
X521RRMG  1G + red rockers
X522MG 26
X522NMG  2G + neon
X522NRRMG 2G + neon + red rockers
X522RRMG  2G + red rockers

To BS 1363:Part 2:1995 To BS 1363:Part 2:1995

Terminals capable of accepting

up to 3 x 4mm? or 2 x 6mm? conductors.

Dimensions:
1G - 86mm x 86mm
2G - 86mm x 146mm

Fixing centres:
1G - 60.3mm
2G - 120.7mm

Complete with mounting box.

Terminals capable of accepting

up to 3 x 4mm? or 2 x 6mm? conductors.

Dimensions:
1G - 86mm x 86mm
2G - 86mm x 146mm

Fixing centres:
1G - 60.3mm
2G - 120.7mm

Complete with mounting box.

X532MG  2G with 2 earth

terminals

X532NMG 2G with 2 earth
terminals + neon

To BS 1363:Part 2:1995
Terminals accept up to
3 x4mm?or 2 x 6mm?
conductors.

Dimensions:
2G - 86mm x 146mm

Fixing centres:
2G - 120.7mm

Complete with mounting box.
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