
Brooke-MBH  series

Ordering number
Description

Family
Type
LED
Color
Diameter
Height
Style
Optic Material
Holder Material
Fastening
Status

C11506
C11506-Brooke-MBH-S

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

24 degrees 
-
- 
Available
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Color
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Height
Style
Optic Material
Holder Material
Fastening
Status

C11506
C11506_Brooke-MBH-S

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

0 degrees 
-
- 
Available

Ordering number
Description

Family
Type
LED
Color
Diameter
Height
Style
Optic Material
Holder Material
Fastening
Status

C11507
C11507-Brooke-MBH-M

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

32 degrees 
-
- 
Available
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C11507
C11507_Brooke-MBH-M

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

0 degrees 
-
- 
Available

Ordering number
Description
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Type
LED
Color
Diameter
Height
Style
Optic Material
Holder Material
Fastening
Status

C11508
C11508-Brooke-MBH-W

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

50 degrees 
-
- 
Available

Ordering number
Description

Family
Type
LED
Color
Diameter
Height
Style
Optic Material
Holder Material
Fastening
Status

C11508
C11508_Brooke-MBH-W

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

0 degrees 
-
- 
Available
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C11506
C11506-Brooke-MBH-S

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

24 degrees 
-
- 
Available
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Description
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LED
Color
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Status

C11506
C11506_Brooke-MBH-S

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

0 degrees 
-
- 
Available
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Brooke-MBH  series
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Optic Material
Holder Material
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C11507
C11507-Brooke-MBH-M

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

32 degrees 
-
- 
Available
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C11507
C11507_Brooke-MBH-M

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

0 degrees 
-
- 
Available
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Optic Material
Holder Material
Fastening
Status

C11508
C11508-Brooke-MBH-W

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

50 degrees 
-
- 
Available

Ordering number
Description
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LED
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C11508
C11508_Brooke-MBH-W

Brooke-MBH
Reflector
BXRA-C0800/1200/2000
Metal
45 mm
19.5 mm
Round 
- 
- 
- 
Ready 

FWHM
Efficiency
cd/lm
Gerber File

0 degrees 
-
- 
Available

June 30th 2011 11:12 Copyright Ledil Oy - Subject to change without prior notice - Page 2/3

 Ledil Oy 
Salorankatu 10 
24240 SALO
Finland

 http://www.ledil.com 
email: ledil@ledil.com 
FAX: +358-2-733 8001



Brooke-MBH  series

Specially designed for BXRA-C0800/1200/2000 series of LEDs. 

Reflector material optical grade metal and protective lacquer coated PC (120 degrees of Celcius/24 degrees
of Fahrenheit). Allows use of high current and temperature conditions. 
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