1.8° Size 23

SPECIFICATIONS

5718 HGH TORQUE MOTOR

High Torque

Wide Selection of Windings

Can be Customized for:
Maximum Torque (see page 9)
Cables & Assemblies (see pages 21/70)
Shafts (see pages 21/69)
Drivers & Controllers (see page 99-108)
Maximum Efficiency (see page 12)

BIPOLAR [ ode : ore ore L i o ig o
A ps/P 0

5718X-01S 140 100.0 071 28 56 0.70 1.05 4

5718X-01P 2.80 100.0 071 07 14 0.70 1.05 4

- 5718X-058 0.70 100.0 071 10.0 168 0.70 1.05 4

44.2mm 5718X-05P 140 100.0 0.71 25 42 0.70 1.05 4

5718X-158 210 1000 071 12 16 0.70 1.05 4

5718X-15P 420 1000 071 03 04 0.70 1.05 4

5718M-025 210 1730 122 18 52 150 150 4

5718M-02P 420 1730 122 05 14 150 150 4

2o 5718M-045 0.70 1730 122 140 423 150 150 4

56.4 mm 5718M-04P 1.40 1730 122 35 10.6 150 150 4

5718M-055 140 1730 122 36 10.0 150 150 4

5718M-05P 2.80 1730 122 09 25 150 150 4

5718L-01S 140 294.0 2.08 45 153 260 235 4

5718L-01P 2.80 294.0 2.08 11 38 260 235 4

2 5718L-035 210 294.0 2.08 24 70 260 235 4

787 mm 5718L-03P 420 294.0 2.08 06 18 260 235 4

5718L-048 327 294.0 2.08 10 52 260 235 4

5718L-04P 654 294.0 2.08 03 13 260 235 4

Dimensio Hated old olding : i . he

UNIPOLAR [l ode ore ore jogjene e ot . o
A ps/P 0

5718X-01 2.00 720 051 14 14 0.70 1.05 6

i 5718X-05 1.00 720 051 50 42 0.70 1.05 6

5718X-15 3.00 720 051 06 04 0.70 1.05 6

5718M-02 3.00 130.0 092 09 14 150 150 6

o 5718M-04 1.00 1300 092 70 106 150 150 5

5718M-05 200 130.0 092 18 25 150 150 5

5718L-01 2.00 210.0 148 23 38 260 235 6

Tanm 5718L-03 3.00 210.0 148 12 18 2.60 2.35 6

5718L-04 467 210.0 148 05 13 260 235 6

Please complete our application data sheet on page 116 for different windings.
Call Lin Engineering for additional bipolar torque curves.
Performance, use, and appearance specifications of the products listed here are subject to change without notice.

For operating temperatures, see page 114.

All specifications are approximations. Please contact Lin Engineering for more details.
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Visit Lin Engineering’s web site for dimension updates.

22 AWG LEAD WIRES
12” MIN. LENGTH
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TORQUE CURVES

5718X-01S 24VDC, 1.4 Amps/Phase, Bipolar Series, 1/2 Stepping
5718X-01P 24VDC, 2.8 Amps/Phase, Bipolar Parallel, 1/2 Stepping

5718X-05S 24VDC, 0.7 Amps/Phase, Bipolar Series, 1/2 Stepping
5718X-05P 24VDC, 1.4 Amps/Phase, Bipolar Parallel, 1/2 Stepping

Step Motor Specialists
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5718X-15S 24VDC, 2.1 Amps/Phase, Bipolar Series, 1/2 Stepping 5718M-02S 24VDC, 2.1 Amps/Phase, Bipolar Series, 1/2 Stepping
5718X-15P 24VDC, 4.2 Amps/Phase, Bipolar Parallel, 1/2 Stepping 5718M-02P 24VDC, 4.2 Amps/Phase, Bipolar Parallel, 1/2 Stepping
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5718M-04S 24VDC, 0.7 Amps/Phase, Bipolar Series, 1/2 Stepping 5718M-05S 24VDC, 1.4 Amps/Phase, Bipolar Series, 1/2 Stepping
5718M-04P 24VDC, 1.4 Amps/Phase, Bipolar Parallel, 1/2 Stepping 5718M-05P 24VDC, 2.8 Amps/Phase, Bipolar Parallel, 1/2 Stepping
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5718L-01S 24VDC, 1.4 Amps/Phase, Bipolar Series, 1/2 Stepping 5718L-03S 24VDC, 2.1 Amps/Phase, Bipolar Series, 1/2 Stepping
5718L-01P 24VDC, 2.8 Amps/Phase, Bipolar Parallel, 1/2 Stepping 5718L-03P 24VDC, 4.2 Amps/Phase, Bipolar Parallel, 1/2 Stepping
1.40 250 1.60
| —o— 5718L-01P —o— 5718L-03P
—o— 5718L-01S [ 120 —o— 5718L-03S |- 140
r 200 -
L I 1.00 r 120
r 080 2 ; 150/ I
L ES ] Los0 2
=] S S
r 080 = =100 - L 060 ~
r I 0.40 Lam
L 50
L 0.20 L 020
L L L L L 0.00 0 L L L L 0.00
0 1000 2000 3000 4000 5000 6000 0 2000 4000 6000 8000 10,000
Speed (pps, 1 pulse = 0.9°) Speed (pps, 1 pulse = 0.9°)
0 25 5 75 10 125 15 0 5 10 15 20 2
Speed (rps) Speed (rps)
AVAILABLE OPTIONS
SHAFTS ENCODERS CABLES & ASSEMBLIES DRIVERS & CONTROLLERS
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