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Dimensions : Millimetres (Inches)
Specifications:
Current rating : 8 amperes, 300 V ac
Minimum insulation withstands volt 12,000V ac
Insulation resistance 1> 2,000 MQ 500V dc
Operating temperature :-40°C to +105°C
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Specification Table
Item No Material Plating / Finish | Remark
1 Insulating Body Polyamide 66 - Green
2 Contact Phosphor Bronze Tin plated -
3 Cage Clamp Brass -
Ni plated
4 Screw Steel -
Dimension Table
Pitch : 3.5 mm (0.138 inch) Part Number Table
Poles A (mm) A (Inch) Description Part Number
2 7.8 0.307 Plug 3.5 mm Reverse Right Angle 10A 02 Way MC000072
3 11.3 0.445 Plug 3.5 mm Reverse Right Angle 10A 03 Way MC000073
4 14.8 0.583 Plug 3.5 mm Reverse Right Angle 10A 04 Way MC000074
5 18.3 0.72 Plug 3.5 mm Reverse Right Angle 10A 05 Way MC000075
6 218 0.858 Plug 3.5 mm Reverse Right Angle 10A 06 Way MC000076
8 28.8 1.134 Plug 3.5 mm ReverseRight Angle 10A 08 Way MC000077
10 35.8 1.409 Plug 3.5 mm ReverseRight Angle 10A 10 Way MC000078
12 428 1.685 Plug 3.5 mm Reverse Right Angle 10A 12 Way MC000079
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