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O Buy/Sample Options Part Number: ADM00352

ADM00352 :
© contact Microchip Devices Supported:

O Development Tool Selector ~ MCP16301

O Microchip Advanced Parts
Selector (MAPS) Summary Description:
Demo board supporting the development of MCP16301 high input voltage, 600 mA, buck converter.

This Kit Contains:
= MCP16301 High Input Voltage 600 mA Output Demo Board

MCP16301 High Voltage Buck Converter 600 mA Board
(Part # ADMO00352)

Features:

= Output Voltage set to 3.3V

= 600 mA Output Current

= Input Voltage Range 4V to 30V with 40V Transients
« EN Input Test Point
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MCP16301 High Voltage Buck Converter 600 mA Demo Board (ADM00352) BOM 5/18/2011 9:18:00 AM 26 KB E
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