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ABM-716-RC  Specification Sheet
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	SPECIFICATIONS
	ABM-716-RC
CONDENSER MICROPHONE

	Directivity
	Omni directional

	Standard Operating Voltage
	2.0V

	Maximum Operating Voltage
	10V

	Maximum Current Consumption
	0.5mA

	Output Impedance (F=1KHz  1Pa)
	2.2K Ohms 

	Frequency
	50~16000Hz

	Sensitivity (@F=1KHz, 0dB=1V/Pa)
	-44±3dB

	Signal to Noise Ration (F=1KHz 1Pa A weighted)
	60dB

	Storage Temperature
	-25°C ~ +70°C

	Operating Temperature
	-20°C ~ +60°C

	Dimension
	Ø 3.0x1.5 mm

	Terminal type
	Wire


Dimensions:
(Unit: mm; Tolerance: ±0.5m) 
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Typical Frequency Response Curve 
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