
Price Each
Order Code

2 Port KVM 431-6289
4 Port KVM 431-6290
8 Port KVM 431-6307
Cable, 6 pin Mini DIN M to M, 2m 395-0300
Cable, 15way Hi-D M to F, 3m 431-6319

2/4/8 KVM Switches

Ì Access up to 2/4/8 PCs from one mouse, keyboard and standard VGA monitor by
pressing the select buttons on the front panel

Ì PS2 keyboard connection only 
Ì PS2 and serial mice supported (serial via adaptor)
Ì Maximum cable length for video is 30m 
Ì Maximum video resolution of 1920 x 1440
Ì Metal cabinet
Ì No drivers required
Contents: Switchbox, AC adaptor (not 2 port) and user guide

248693

Ì 2 Port specfication
Connections to PC: 4x PS2 2x 15 way Hi-D M
Connections to console :PS2 k/b & mouse 1x 15way Hi-D F2x PS/2 to serial adapter supplied
Dimensions 40 x 135 x 75mm 
Ì 4 Port specfication
Connections to PC: 8x PS2 4x 15 way Hi-D M
Connections to console :PS2 k/b & mouse 1x 15way Hi-D F2x PS/2 to serial adapter supplied
Dimensions 44 x 220 x 133mm 
Ì 8 Port specfication
Connections to PC: 16x PS2 8x 15 way Hi-D M
Connections to console :PS2 k/b & mouse 1x 15way Hi-D F4x PS/2 to serial adapter supplied
Dimensions 44 x 436 x 180mm 


