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NFZD-B-4

24.00

NEUTRIK

13.00

Connector Type
Gender

RCA

fernale

Electrical

Capacitance between contacts
Contact resistance

Dielectric strength

Insulation resistance

Rated current per contact

Rated voltage

< 9 pF
<5G M
0,5 kvde
= 5 G0
16 A
50

Mechanical
Lifetime

Wiring

Mounting direction

Chassis shape

= 2000 mating cycles
Zolder contacts

front

C

Material
Contact plating
Contacts

Shell

Environmental

S pm Au over S pm Mi
Brass (CuZn39Pb3)
Zinc diecast (ZnaldiZul)

Flarnrnability
Standard compliance
Protection class
Solderability

Temperature range

UL 94 HB

[EC 601-14

IF 40

Complies with IEC 638-2-20
-30 °C to +80 °C


http://www.neutrik.com/fr/de/audio/210_678723676/NF2D-B-4_detailtechnical.aspx
http://www.neutrik.com/content/home/home.aspx
http://www.neutrik.com/fr/en/audio/210_678723676/
http://www.neutrik.com/fr/en/neutrik_productline.aspx
http://www.neutrik.com/fr/en/audio/productline.aspx
http://www.neutrik.com/fr/en/video/productline.aspx
http://www.neutrik.com/fr/en/lighting/productline.aspx
http://www.neutrik.com/fr/en/dataconnectors/productline.aspx
http://www.neutrik.com/fr/en/industry/productline.aspx
http://www.neutrik.com/fr/en/audio/210_678723676/
http://www.neutrik.com/fr/en/audio/210_678723676/
http://www.neutrik.com/content/sitemap/sitemap.aspx
http://www.neutrik.com/content/home/legalnotices.aspx
javascript:history.back();

