Data Sheet

Date: 18-11-2010

Dua-Dial Lever Dial Test Indicator

General Specifications:

Dual reading: metric/inch on single dial
Fully jeweled movements

Adjustable bezel

Satin chrome body with dovetail on 3 sides

Supplied with 6 & 8mm Spigots

Range Details Metric:

Manufacturers | Dial Grads. Range Single Scale Grads. Indicator | Replacement

Code Dia Rev. Reading | Per Rev Style Stylii
mm mm/in mm/in mm/in mm

55-100-200 40 0.0lmm | 0.06mm | 0.06mm 0-30-0 60 Horizontal | 55-100-020

0.0005in | 0.03in 0.03in 0-15-0 60

Accuracy Specifications:

Dial Graduations Any One Division Any Five Divisions Any Half Revolution

Metric

0.01 0.002 0.005 0.01

Inch

0.0005 0.0001 0.0002 0.0004




