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FRONT VIEW @ 1054 300mm+20mn
@ 1051 20D0mm+20mm
1055 3000mmL 30mm
1051-5 5000mm+ 30mm;

1.CABLEIND UL..2BAWGC7 /0,127, TINNED AND STRANDED COPPER WIRE
INSULATOR:PVC.1DD.85mm .CABLING:SC+DRAIN WIRE
SHIELD:AL /MY COVERAGE
JACKE TPVE,COMPLIANCE ROHS,COLORBE IGE,0.D:'Smm
2 IPCS CONNECTOR«D-SUB 29 WAYS MALE SOLDER TYPE CONNECTOR
INSULATOR:P.B.T.4GLASS F1BER,COL DR:BLUE
CONTAC T:COPPER ALLDOY.GOLD FLASH DOVER NICKEL PLATED
SHELL:NICKEL PLATED.
CONNECTOR COMPLIANCE ROHS
3.1PCS CONNECTOR«D-SUB © WAYS FEMALE SOLDER TYPE CONNECTOR
[INSULATOR:P.B.T.+GLASS FIBER,COLDOR:BLUE
CONTACT:COPPER ALLDOY.GOLD FLASH OVER NICKEL PLATED
SHELL:NICKEL PLATED.
CONNECTOR COMPLIANCE ROHS
4 HOOD-PVC MOLDED TYPE WITH FOIL SHIELDED ON INNER
ON INNER MOLD AND INJECTION DUTER MOLD WITH
THUMB SCREW#4-40 RH4-48UNC
COLOR:BEIGE ,COMPLIANCE ROHS
O Fulfill ROHS Guideline
GELECTRONIC TESTH00% OPEN SHORT+MISS WIRE TEST
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PIN OUT
DB9PIN DB25PIN
FEMALECJL) WIRE PLUGCPD
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SHELL |DRAIN WIRE] SHELL
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TITLE: DBS PIN FEMALE TO DB25 PIN MALE SCALEINT.SIDRAWN BY & DATE
BEIGE COLOR 'S'EEUN A4 [FRECKED BY & DATE |
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