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LEAN

With Brady B-593
Raised Panel Labels

The Lean Manufacturing Solution



The Lean Solutions

For Custom Legend Plates

On-demand printing with
Bradyprinter™ PR Plus Printer
or the TLS®2200 Thermal
Transfer Printer.

Die-cut B-593 labels with Brady adhesive
give you fast, easy, professional labels.

B-593 Meet your lean manufacturing goals by creating durable, cost-effective legend
Raised plates on demand with less time, cost, and hassle than engraved plates.

Panel Right Time - Manage inventory flow with Just-in-Time printing.
Labels Right Place - Custom legend plates when and where you need them.
Right Quantity - Reduce materials waste by creating labels on demand.

Brady B-593 Raised Panel Labels are available in a variety of styles to meet your
product and equipment identification needs:

B Electrical Components W Motor Controls B Low Voltage Control Panels
B Push Buttons B Trophy Plates W Signal Lights
B Switches M Electrical Cabinets B Production Lines

B Instrument Panels B Racks and Patch Panels
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Legendary B-593 Raised Panel Labels give you professional legend plates with
Brady alphanumeric text and graphics with the quality and durability you need.

Quality B Aggressive adhesive for strong holding power — no rivets needed
B Thermal transfer print quality for crisp, clear legends
B Clean, professional legend plates in a variety of colors and sizes
Bl Easier, faster, and more cost-effective than engraved metal plates
B Overlaminate material available for added protection
B UL 969 and CULC22.2 No. 0.15-01 compliant

Set-up and
printing are easy
with LabelMark™
Labeling Software
or BradySoft™ 8.5
Barcode Label
Design Software.

Brady B-593 Label

Est. Qutdoor
Durability Rating

White/R6000 Black 10 years
Yellow/RE000 Black 5 years “This process is at least seven to 10 times faster than
SIEGREOAVBIESS  STEETE our old engraving process, and the Brady labels
Green/RE0Q0 Black 5 years deliver a 50 percent reduction in cost, maybe even

Red/R6000 Black 5 years , . "
Red/RA400 White 3 years more when you factor in usability and speed.

Color/Ribbon

Black/R4400 White 3 years -Tim Dotzenroth, CON-SYST-INT Manufacturing
Green/R4400 White 3 years
For more information, call 1-888-272-3946 O~ BRADY

or visit www.bradyid.com/raisedpanellabels.
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B-593 Raised Push Button Labels:
m Foam-backed Polyester with a Permanent Acrylic Adhesive m 500 labels per roll

Catalog # Label Color  Hole Size Label Size - W(A) X H(B) Recommended Ribbon
(dia. mm) (in) (mm) Black White
THTEP-167-593-.5 White 22.5 1.2"x1.5" 30.5x38.1 [R6006 —
THTEP-167-593-.5RD | Red 22.5 1.2"x1.5" 30.5x38.1 |R6006 R4400
THTEP-167-593-.5YL | Yellow 22.5 1.2"x1.5" 30.5x38.1 |R6006 —
THTEP-167-593-.5GN | Green 22.5 1.2"x 15" 30.5x38.1 [R6006 R4400
THTEP-167-593-.5BK | Black 22.5 1.2"x15" 305x381 [|— R4400
THTEP167U-593-.5 White 22.5 1.2"x1.5" 30.5x38.1 |R6006 —
THTEP167U-593-.5RD |Red 22.5 1.2"x1.5" 30.5x38.1 [R6006 R4400
THTEP167U-593-.5YL | Yellow 22.5 1.2"x1.5" 30.5x38.1 |R6006 —
THTEP167U-593-.5GN | Green 22.5 1.2"x1.5" 30.5x38.1 |R6006 R4400
THTEP167U-593-.5BK | Black 22.5 1.2"x15" 305x381 [— R4400
THTEP-168-593-.5 White 22.5 1.2"x1.9" 30.5x48.3 [R6006 —
THTEP-168-593-.5RD | Red 22.5 1.2"x1.9" 30.5x48.3 |R6006 R4400
THTEP-168-593-.5YL | Yellow 22.5 1.2"x1.9" 30.5x48.3 [R6006 —
THTEP-168-593-.5GN | Green 22.5 1.2"x1.9" 30.5x48.3 [R6006 R4400
THTEP-168-593-.5BK  [Black 22.5 1.2"'x1.9" 305x483 |— R4400
THTEP-169-593-.5 White 30.5 1.8"x1.8" 45.7x45.7 |R6000 —
THTEP-169-593-.5RD _|Red 30.5 1.8"x1.8" 457 x45.7 |R6000 R4400
THTEP-169-593-.5YL | Yellow 30.5 1.8"x1.8" 45.7 x45.7 |R6000 —
THTEP-169-593-.5GN | Green 30.5 1.8"x1.8" 457 x45.7 |R6000 R4400
THTEP-169-593-.5BK | Black 30.5 1.8"'x1.8" 457x45.7 |— R4400
THTEP-170-593-.5 White 30.5 2.4"x2.4" 61x61 R6002 =
THTEP-170-593-.5RD |Red 30.5 2.4"x24" 61x61 R6002 R4402
THTEP-170-593-.5YL | Yellow 30.5 24"x24" 61x61 R6002 —
THTEP-170-593-.5GN | Green 30.5 2.4"x24" 61x61 R6002 R4402
THTEP-170-593-.5BK | Black 30.5 24"'x24" 61x61 — R4402

B-593 Raised Panel Labels:
B Foam-backed Polyester with a Permanent Acrylic Adhesive B 500 labels per roll

Catalog # Label Label Size — W(A) X H(B) Recomm. Ribbon
Color  (in) (mm) Black White
THTEP-171-593-.5 White [1.06"x 0.49" 27 x12.5 R6006 | —
A THTEP-171-593-.5RD |Red 1.06"x 0.49" 27 x 12.5 R6006 | R4400

BD THTEP-171-593-.5YL | Yellow | 1.06" x 0.49" 27 x 12.5 R6006 | —
THTEP-171-593-.5GN |Green [1.06" x 0.49" 27 x 12.5 R6006 | R4400
THTEP-171-593-.5SL |Silver [1.06"x 0.49" 27 x 12.5 R6006 | —
THTEP-171-593-.5BK |Black [1.06"x 0.49" 27 x12.5 — R4400
THTEP-172-593-.5 White [1.77"x0.59" 45 x 15 R6000 |—
THTEP-172-593-.5RD |Red 1.77"x 0.59" 45x 15 R6000 | R4400

Bﬁ THTEP-172-593-.5YL | Yellow | 1.77" x 0.59" 45 x 15 R6000 | —
THTEP-172-593-.5GN | Green [1.77"x 0.59" 45 x 15 R6000 | R4400
THTEP-172-593-.5SL [Silver |1.77"x0.59" 45 x 15 R6000 |—
THTEP-172-593-.5BK |Black [1.77"x 0.59" 45 x 15 — R4400
THTEP-173-593-.5 White [2"x 1" 50.8 x25.4 |R6000 |—
THTEP-173-593-.5RD |Red 2" x 1" 50.8 x 25.4 |R6000 |R4400

ﬁ THTEP-173-593-.5YL | Yellow 2" x 1" 50.8x25.4 |R6000 |—

B THTEP-173-593-.5GN |Green [2" x 1" 50.8 x 25.4 |R6000 [R4400
THTEP-173-593-.5SL |[Silver |2"x 1" 50.8 x25.4 |R6000 |—
THTEP-173-593-.5BK |Black |[2"x 1" 50.8 x 25.4 — R4400
THTEP-174-593-.5 White [4"x 1" 101.6 x 25.4 |R6007 |—

A THTEP-174-593-.5RD |Red 4" x 1" 101.6 x 25.4 |R6007 |R4407
BS THTEP-174-593-.5YL | Yellow | 4" x 1" 101.6 x 25.4 |R6007 |—
THTEP-174-593-.5GN |Green [4"x 1" 101.6 x 25.4 |R6007 |R4407
THTEP-174-593-.5SL [Silver |4"x 1" 101.6 x 25.4 |R6007 |—
THTEP-174-593-.5BK |Black [4"x 1" 101.6x254 |— R4407
THTEP-175-593-.5 White [3"x0.75" 76.2 x 19.1 R6002 | —
A THTEP-175-593-.5YL | Yellow |[3"x 0.75" 76.2 x 19.1 R6002 | —

BS THTEP-175-593-.5GN [Green |3"x 0.75" 76.2 x 19.1 R6002 | R4402
THTEP-175-593-5BK |Black |3"x0.75" 76.2 x 19.1 — R4402
THTEP-176-593-.5 White [3"x 1" 76.2 x 25.4 R6002 | —

B!j THTEP-176-593-.5YL | Yellow [3"x 1" 76.2 x 25.4 R6002 | —
THTEP-176-593-.5GN [Green |3"x 1" 76.2x25.4 |R6002 [R4402
THTEP-176-593-.5BK | Black |3"x 1" 76.2x25.4 |— R4402

A THTEP-177-593-.5 White [3"x2.5" 76.2 x 63.5 R6002 | —
THTEP-177-593-.5YL | Yellow [3"x 2.5" 76.2 x 63.5 R6002 | —

B THTEP-177-593-.5GN |Green [3"x 2.5" 76.2 x 63.5 R6002 | R4402

THTEP-177-593-.5BK | Black [3"x 2.5" 76.2x63.5 |— R4402
A THTEP-178-593-.5 White [3"x 3.5" 76.2x88.9 |R6002 [—
THTEP-178-593-.5YL | Yellow |3" x 3.5" 76.2x88.9 |R6002 [—

B THTEP-178-593-.5GN [Green |3"x 3.5" 76.2x88.9 [R6002 [R4402

THTEP-178-593-.5BK |Black |[3"x 3.5" 76.2x88.95 |— R4402
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B-966B Overlaminate Material:
m Clear Polyester Overlaminate Material
m 1,000 labels per roll

Catalog # Label Size — W(A) X H(B)
(in) (mm)
THTOL-167-966B-1 1.2"x1.5" 30.5 x 38.1
THTOL-167U-966B-1 [1.2"x 1.5" 30.5 x 38.1
THTOL-168-966B-1 1.2"x1.9" 30.5 x 48.3
THTOL-169-966B-1 1.8"x1.8" 45,7 x 45.7
THTOL-170-966B-1 2.4"x2.4" 61x61
THTOL-171-966B-1 1.06"x 0.49" |27 x 12.5
THTOL-172-966B-1 1.77"x 0.59" |45 x 15
THTOL-173-966B-1 2'x 1" 50.8x25.4
THTOL-174-966B-1 4" x 1" 101.6 x 25.4
THTOL-175-966B-1 3"'x0.75" 76.2 x 19.1
THTOL-176-966B-1 3"'x 1" 76.2 x 25.4
THTOL-177-966B-1 3'x25" 76.2 x 63.5
THTOL-178-966B-1 &3 76.2 x 88.9
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B-593 Special Raised Panel Labels
Catalog # Dimensions Hole Size  Qty

(in) (mm) (mm)

THTEP-180 1.89"x 1.30"|48 x 33.02 = 500
THTEP-181 2.41"x2.0" 161.214 x50.8 |- 500
THTEP-196 (Circle) | 2.35 diam. | 59.69 30.5 25
THTEP-197 (Circle) | 3.5 diam. 88.9 30.5 25

Printer Ordering Information

Catalog # Description

Standard Printers

BP-IP300 Brady IP 300 dpi Printer — Standard
BP-IP600 Brady IP 600 dpi Printer — Standard
BP-PR300+ Brady PR300 PLUS Printer — Standard
Printers With Options

BP-IP300-P Brady IP 300 dpi Printer — with Peel/Present
BP-1P600-P Brady IP 600 dpi Printer — with Peel/Present

When ordering IP materials, please place the letters IP before your
ribbon selection to ensure you receive IP compatible materials.

Supported Software

Catalog #
LM5STDCD
BS80STND

Description
LabelMark 5 CD-ROM Standard
BradySoft 8.5 Standard

To order Raised Panel Labels for the
TLS®2200 Thermal Transfer Printer, visit:
www.bradyid.com/tls2200

Brady Canada

355 Apple Creek Blvd.
Markham, ON L3R 9X7
1-800-263-6179
www.bradycanada.com

Brady Worldwide, Inc.
6555 W. Good Hope Road
Milwaukee, WI 53223
1-888-272-3946
www.bradyid.com
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